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Because we continually examine ways to improve our products, we reserve the right to alter specifications or discontinue products without prior notice.
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JIC MALE *Preliminary Data
N Dz-._ish I-llose ID Size DaShF Thr(-:-Sz-iit:Zle it Off Heé(H[ila. Weight
Size  (in) (mm) Size  (in) - TP Factor (i) (Ibs/each)
(mm)
S-0404-MJIC 04 1/4 0.4 04 7/16-20 25.3 12 0.11
S-0606-MJIC 06 3/8 9.5 06 9/16-18 27.0 17 0.18
S-0808-MJIC 08 1/2 12.7 08 3/4-16 30.6 19 0.25
S-1010-MJIC 10 5/8 15.9 10 7/8-14 39.3 24 0.40
S-1212-MJIC 12 3/4 19.1 12 11/16-12 39.1 21 0.62
S-1616-MJIC 16 1 25.4 16 1 5/16-12 46.1 36 1.06
S5-2020-MJIC 20 11/4 31.8 20 1 5/8-12 48.5 46 1.68
S5-3232-MJIC 32 2 50.8 32 21/2-12 59.4 70 3.90
JIC FEMALE SWIVEL 37° SEAT WITH STEM HEXAGON *Preliminary Data
. Hose ID Size F Thread - tCOﬁ Hex Dia. el
Part Number . () (mm) °asho Size actor | CH CH1 (Ibs%gach)
Size  (in) - TPI (mm) (mm) (mm)
S5-0404-FJDH 04 1/4 0.4 04 7/16-20 19.0 14 14 0.14
S5-0606-FJDH 06 3/8 9.5 06 9/16-18 22.0 17 19 0.20
S5-0808-FJDH 08 172 12.7 08 3/4-16 29.60 19 29 0.29
S5-1010-FJDH 10 5/8 15.9 10 7/8-14 28.3 24 27 0.51
S-1212-FJIDH 12 3/4 19.1 12 11/16-12 30.9 21 32 0.73
S-1616-FJDH 16 1 295.4 16 1 5/16-12 37.7 36 41 1.30
S5-1620-FJDH 16 1 29.4 20 1 5/8-12 41.2 41 50 1.61
S5-2020-FJDH 20 11/4 318 20 1 5/8-12 43.0 46 50 2.05
S-2424-FJDH 24 11/2 38.1 24 17/8-12 48.4 50 99 2.84
S5-3232-FIDH 32 2 50.8 32 21/2-12 99.2 65 70 5.15
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