~ KURIYAMA Hydraulic
w1 Gonnections [ o

Hydraulic Fittings [ b

/A ALFAGOMMNA Two-Piece AlfaCrimp Fittings - Y Series

Interlock Inserts — %= US End Configurations
- (> JIC SWIVEL FEMALE 37° SEAT INTERLOCK
. . C |
' ' Hose ID Size F Thread
4 Dash cut-off  "eXDR it
F Part Number . _ CH2
! Size _ Dash Size Factor (mm) (Ihs/each)
in (MM g6 (in)- TPl (mm)
Y-1212-FJSH 12 3/4 190 12 11/16-12 18.7 32 0.38
View Up To Date Info Y-1616-FJSH 16 1 254 16  15/16-12 225 38 0.60
[l  ¢scanoRvIsIT Y-2020-FJSH 20 11/4 318 20 15/8-12 25.7 50 113
" n
| $O:J“SnII-(I/ Y-2424-FJSH 24 11/2 381 24 17/8-12 29.0 55 1.57
E ) Y-3232-FJSH 32 2 50.8 32 21/2-12 34.0 70 1.67
- G- 45° JIC SWIVEL FEMALE 37° SEAT INTERLOCK *Preliminary Data
Hose ID Size F Thread
of eeeeces ‘ Dash cut-off 0 neXDiayeont
» Part Number . _ Drop  CH1
' Size _ Dash Size Factor (Ibs/each)
® (in  (mm) .. | (mm)  (mm)
£ Size  (in)-TPI  (mm)
7 > CH1
* Y-1212-FJ45 12 3/4 190 12 11/16-12 66 275 32 0.65
View Up To Date Info Y-1616-FJ45 16 1 254 16  15/16-12 80 31.0 38 1.01
[EZSEE ¢ scanORVISIT Y-2020-FJ45 20 11/4 318 20 15812 93 370 50 1.69
’«? KOA.link/ Y-2424-FJ45 24 11/2 381 24  17/8-12 121 405 55 263
[m] " a? Y-FJ45 V-3232-FJ45 32 2 508 32 21/2-12 148 515 70 4.96
- O . 90° JIC SWIVEL FEMALE 37° SEAT INTERLOCK *Preliminary Data
Hose ID Size F Thread
Dash cut-off 0 neXDiayeont
Part Number . _ Drop  CHT
Size _ Dash Size Factor mm  (mm) (Ibs/each)
) mm - cie  m-TPI (mm)
Y-1212-FJOM 12 3/4 190 12 11/16-12 450 570 32 0.66
s 4
CH . Y-1616-FJOM 16 1 254 16 15/16-12 710 670 38 1.16
View Up To Date Info Y-2020-FJOM 20 11/4 318 20 15/8-12 792 780 50 1.86
B < SCAN OR VISIT Y-2424-FJOM 24 11/2 381 24 17/812 945 920 55 2.84
KOA link/ V-3232-FJOM 32 2 508 32  21/2-12 1460 1205 70 5.51

1 Y.FJom

Because we continually examine ways to improve our products, we reserve the right to alter specifications or discontinue products without prior notice.
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