Hydraulic Fittings

[

~ KURIYAMA Hydraulic

=1 Gonnections o
/A ALFAGOMMA Two-Piece AlfaCrimp Fittings - Y Series
Interlock Inserts — %= US End Configurations
- 45° O-RING FLANGE SAE J518 CODE 62 INTERLOCK *Preliminary Data
Hose ID Size Q Flange L Max |
R ——— Part Number Dash Cut-Off rop Working  Weight
E’ Size | | Factor Pressure (Ibs/each)
inf (mm) (in) (mm) mm) (mm) (psi)
Y-1212-C624 12 3/4 190 163 413 721 300 6000 0.74
| Y-1616-C624 16 1 054 188 476 948 350 6000  1.12
. V'%V Up To Date Info Y-2020-C624 20 11/4 31.8 213 540 1020 395 6000  2.08
: ¢ SCAN OR VISIT Y-2424-C624 24 11/2 381 250 635 1363 480 6000 267
KOA.link/ Y-3232-C624 32 2 508 313 794 1606 630 6000  5.14
Y-C624
- 90° O-RING FLANGE SAE J518 CODE 62 INTERLOCK “Preliminary Data
i Hose ID Size Q Flange ¢ Max |
R Part Nurber Dash Cut-Off o Working  Weight
Size | | Factor P Pressure (Ibs/each)
D (i mm) () (mm) e (mm) (0si)
| | , Y-1212-C629 12 3/4 190 163 413 612 640 6000  0.80
- Y-1616-C629 16 1 054 188 476 704 740 6000  1.54
Y-2020-C629 20 11/4 318 213 540 882 910 6000  2.47
View Up To Date Info Y-2424-C629 24 11/2 381 250 635 1063 109.0 6000  2.69
[B] ¢ scANORVISIT Y-3232-C629 32 2 508 3.13 794 1490 1385 6000 6.17

KOA.link/
Y-C629

Because we continually examine ways to improve our products, we reserve the right to alter specifications or discontinue products without prior notice.
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